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  Schematic
 

 
 

  
 
 
  
 

D1 to D3 are optional 
(for temperature testing) 

EN-SEL jumper 
1-2 Enabled 
2-3 Disabled 
None External EN signal could be used 

PG-PULL jumper 
Not applicable on this part 
 

Optional test I/F port 
(SAMTEC MECF-20-01-L-DV-WT) 

Variable resistor RT1 and 
jumpers JP2&3 (VOSEL1&2) 
set the output voltage VOUT 

 Min/max values in the chart 
has tolerance ±10% 
(because of such tolerance 
of variable resistor) 
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 Board Basic Connection 
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