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	NetLED4W_5
	Pins
	LED4W-5
	U50-12


	NetLED4W_6
	Pins
	LED4W-6
	U50-11


	NetOL1_2
	Pins
	OL1-2
	U10-1


	NetQ1_G
	Pins
	Q1-G
	U2-6


	NetQ1_S
	Pins
	Q1-S
	R6-1
	U2-7


	NetR7_1
	Pins
	R7-1
	U2-2
	ZD1-K


	NetU2_1
	Pins
	U2-1


	NetU10_22
	Pins
	U10-22


	NetU10_23
	Pins
	U10-23


	NetU10_24
	Pins
	U10-24


	NetU30_22
	Pins
	U30-22


	NetU30_23
	Pins
	U30-23


	NetU30_24
	Pins
	U30-24


	NetU50_22
	Pins
	U50-22


	NetU50_23
	Pins
	U50-23


	NetU50_24
	Pins
	U50-24


	NetU60_22
	Pins
	U60-22


	NetU60_23
	Pins
	U60-23


	NetU60_24
	Pins
	U60-24


	N685_VCC_U1
	Pins
	C13-1
	R13-2
	R100-1
	U10-16
	VCC-1

	NetLabels
	N685_VCC_U1


	OEN_U1
	Pins
	C12-1
	R13-1
	U10-21

	NetLabels
	OEN_U1


	OEN_U3
	Pins
	C32-1
	R33-1
	U30-21

	NetLabels
	OEN_U3


	OEN_U5
	Pins
	C52-1
	R53-1
	U50-21

	NetLabels
	OEN_U5


	OEN_U6
	Pins
	C62-1
	R63-1
	U60-21

	NetLabels
	OEN_U6


	REVERSE
	Pins
	CON-FCN-1
	D2-A
	U50-15

	NetLabels
	REVERSE
	REVERSE


	STOP
	Pins
	CON-FCN-3
	D4-A
	U10-15

	NetLabels
	STOP
	STOP


	SUPPLY
	Pins
	C1-1
	C2-1
	C3-1
	C4-1
	C10-1
	C30-1
	C50-1
	C60-1
	D1-C
	D2-C
	D3-C
	D4-C
	D5-C
	R6-2
	R7-2
	R15-2
	R35-2
	R55-2
	R65-2
	R101-1
	U2-8
	U10-17
	U30-17
	U50-17
	U60-17
	VS-1

	NetLabels
	Supply
	Supply
	Supply
	Supply
	Supply
	Supply


	TAIL
	Pins
	CON-FCN-4
	D5-A
	U30-15

	NetLabels
	TAIL
	TAIL


	TURN
	Pins
	CON-FCN-2
	D3-A
	U60-15

	NetLabels
	TURN
	TURN


	VCC_U6
	Pins
	C63-1
	R63-2
	U60-16

	NetLabels
	VCC_U6


	Vstring
	Pins
	D01A-A
	D02A-A
	D03A-A
	D04A-A
	D05A-A
	D06A-A
	D07A-A
	D08A-A
	D09A-A
	D10A-A
	D11A-A
	D12A-A
	D_b4-C


	Vstring_4V9
	Pins
	C6-1
	C14-1
	C15-1
	D01B-A
	D01D-A
	D02B-A
	D02D-A
	D03B-A
	D03D-A
	D04B-A
	D04D-A
	D05B-A
	D05D-A
	D06B-A
	D06D-A
	D07B-A
	D07D-A
	D08B-A
	D08D-A
	D09B-A
	D09D-A
	D10B-A
	D10D-A
	D11B-A
	D11D-A
	D12B-A
	D12D-A
	D_b1-A
	L1-2
	LED1W-1
	LED1W-2
	LED1W-3
	LED2W-1
	LED2W-2
	LED2W-3
	LED3W-1
	LED3W-2
	LED3W-3
	LED4W-1
	LED4W-2
	LED4W-3
	R4-2
	R103-1
	RA-2






