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	U1
	U1-1
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	U1-8
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	Nets
	GND1
	Pins
	C11-2
	C12-2
	C13-2
	C14-2
	C15-1
	C16-2
	C17-2
	C18-2
	C_GND-1
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	Cd12-2
	Cd13-2
	Cd14-2
	CON1-11
	U1-1
	U1-5


	GND2
	Pins
	C1-2
	C2-2
	C3-2
	C4-2
	C5-1
	C6-2
	C7-2
	C8-2
	C_GND-2
	Cd1-2
	Cd2-2
	Cd3-2
	Cd4-2
	CON1-20
	U2-1
	U2-5


	IN1
	Pins
	C11-1
	SENS1-RECC_2

	NetLabels
	IN1


	IN1_1
	Pins
	C12-1
	SENS1-REC1_2
	U1-6

	NetLabels
	IN1_1


	IN1_2
	Pins
	C2-1
	SENS1-REC1_1
	U2-6

	NetLabels
	IN1_2


	IN2
	Pins
	C1-1
	SENS1-RECC_1

	NetLabels
	IN2


	IN2_1
	Pins
	C13-1
	SENS1-REC2_2
	U1-7

	NetLabels
	IN2_1


	IN2_2
	Pins
	C3-1
	SENS1-REC2_1
	U2-7

	NetLabels
	IN2_2


	IN3_1
	Pins
	C14-1
	SENS1-REC3_2
	U1-8

	NetLabels
	IN3_1


	IN3_2
	Pins
	C4-1
	SENS1-REC3_1
	U2-8

	NetLabels
	IN3_2


	L1_1
	Pins
	C16-1
	R11-2
	U1-2

	NetLabels
	L1_1


	L1_2
	Pins
	C6-1
	R1-2
	U2-2

	NetLabels
	L1_2


	L2_1
	Pins
	C15-2
	SENS1-EX2_2
	U1-4

	NetLabels
	L2_1


	L2_2
	Pins
	C5-2
	SENS1-EX2_1
	U2-4

	NetLabels
	L2_2


	NetCON1_15
	Pins
	CON1-15


	NetCON1_16
	Pins
	CON1-16


	NetR1_1
	Pins
	R1-1
	SENS1-EX1_1


	NetR11_1
	Pins
	R11-1
	SENS1-EX1_2


	OUT1
	Pins
	C18-1
	CON1-12
	R12-2

	NetLabels
	OUT1
	OUT1


	OUT1_f
	Pins
	C17-1
	R12-1
	U1-15

	NetLabels
	OUT1_f


	OUT2
	Pins
	C8-1
	CON1-19
	R2-2

	NetLabels
	OUT2
	OUT2


	OUT2_f
	Pins
	C7-1
	R2-1
	U2-15

	NetLabels
	OUT2_f


	SPI_CLK1
	Pins
	CON1-2
	U1-11

	NetLabels
	SPI_CLK1
	SPI_CLK1


	SPI_CLK2
	Pins
	CON1-7
	U2-11

	NetLabels
	SPI_CLK2
	SPI_CLK2


	SPI_CS1
	Pins
	CON1-4
	U1-13

	NetLabels
	SPI_CS1
	SPI_CS1


	SPI_CS2
	Pins
	CON1-9
	U2-13

	NetLabels
	SPI_CS2
	SPI_CS2


	SPI_INT1
	Pins
	CON1-5
	U1-14

	NetLabels
	SPI_INT1
	SPI_INT1


	SPI_INT2
	Pins
	CON1-10
	U2-14

	NetLabels
	SPI_INT2
	SPI_INT2


	SPI_SI1
	Pins
	CON1-3
	U1-12

	NetLabels
	SPI_SI1
	SPI_SI1


	SPI_SI2
	Pins
	CON1-8
	U2-12

	NetLabels
	SPI_SI2
	SPI_SI2


	SPI_SO1
	Pins
	CON1-1
	U1-10

	NetLabels
	SPI_SO1
	SPI_SO1


	SPI_SO2
	Pins
	CON1-6
	U2-10

	NetLabels
	SPI_SO2
	SPI_SO2


	VCC1
	Pins
	Cd12-1
	Cd13-1
	CON1-13
	U1-16

	NetLabels
	VCC1
	VCC1


	VCC2
	Pins
	Cd2-1
	Cd3-1
	CON1-18
	U2-16

	NetLabels
	VCC2
	VCC2


	VDD1
	Pins
	Cd11-1
	U1-3

	NetLabels
	VDD1


	VDD2
	Pins
	Cd1-1
	U2-3

	NetLabels
	VDD2


	VIO1
	Pins
	Cd14-1
	CON1-14
	U1-9

	NetLabels
	VIO1
	VIO1


	VIO2
	Pins
	Cd4-1
	CON1-17
	U2-9

	NetLabels
	VIO2
	VIO2





