VIN:

5V

0.72/0.85, 4-6A +3%

AMD Artix US+
AU20P/25P

@

NCP3136MINTXG
—_—
Buck: 6A
NCP59801CMLADITCG
—_—
LDO: 1A

0.85V, 0.35A +3% (-1LI)

1.8V, 0.35A +3%

b VCCINT

@

~——=="1» VCCBRAM/INT_IO

&

NCP189CMTW180TAG
— &
LDO: 500mA

0.9V, 1A +3%

I~ VCCAUX/ADC

O

> FAN53730
Buck: 3A

1.8V, 0.2A +3%

I VMGTAVCC

®

NCP189CMTWI180TAG
LDO: 500mA

1.2V,3.5A+3%

P VMGTVCCAUX

©

b VMGTAVTT

NCP3135MNTXG
—
Buck: 5A

NCP3136MNTXG

Buck: 6A

1.1-3.3v,1-1.8V,~1.5A +3%

NCP51200MNTXG
DDR4 (3A)

@P VCCO

DDR4

@ Power On Sequence

Power

Sequencer

AMD Artix
US+ Products:

AU20P
AU25P




